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MCU level overview
——MSPM0Lxx series                            ——MSPM0Gxx series
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32 MHz MCU with up to 64kB flash, 32 pins, 12-bit 

ADC, dual zero-drift OPA/PGA, COMP

80 MHz MCU with up to 128kB flash, 64 pins, 

advanced analog, AES/TRNG, CAN-FD



MSPM0 UART module introduction

Key Differences between G and L MCUs

• MSPM0G350x MCUs have 1 UART Extend 

and 3 UART Main, Maximum baud rate 

10MHz

• MSPM0L130x MCUs have 1 UART Extend 

and 1 UART Main, Maximum baud rate 3MHz
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Hardware flow control Yes Yes

Oversampling options 3,8,16 3,8,16

Separate transmit and receive FIFOs Yes Yes

Active in all low-power modes Yes Yes

Wake-up with start bit Yes Yes

9-bit multi-drop configuration Yes Yes

Idle Line Multiprocessor Yes Yes

RS-485 Yes Yes

Support LIN mode Yes -

Support DALI Yes -

Support IrDA Yes -

Support ISO7816 Smart card Yes -

Support Manchester code Yes -



UART module quick start

4

MSPM0G/L:

Driverlib Examples

Sysconfig Entrance for UART Setting

Academy

Step1:

Step2:

Launchpad

LP-MSPM0G3507UART introduction lab LP-MSPM0L1306

MSPM0 online resource

MSPM0 Quick start guide

MSPM0 Sysconfig user‘s guide

MSPM0G350x datasheet

MSPM0L13xx datasheet

MSPM0Gxx technical reference manual

MSPM0Lxx technical reference manual

Related Links

https://dev.ti.com/tirex/explore/node?node=A__AOsBvwTJoOinHEWBZRPfQg__MSPM0-SDK__a3PaaoK__LATEST&placeholder=true
https://www.ti.com/tool/SYSCONFIG
https://www.ti.com/tool/LP-MSPM0G3507
https://dev.ti.com/tirex/explore/node?node=A__ADHqgHaJKFPoqxRJWM7H4g__MSPM0-ACADEMY__2f1Egw1__LATEST&placeholder=true
https://www.ti.com/tool/LP-MSPM0L1306
https://dev.ti.com/tirex/explore/
https://www.ti.com/lit/an/slaae70a/slaae70a.pdf
https://dev.ti.com/tirex/explore/node?node=A__APnzlrxhHRutjbcGHxjnLA__MSPM0-SDK__a3PaaoK__LATEST
https://www.ti.com/lit/pdf/slau846
https://www.ti.com/lit/pdf/slau846
https://www.ti.com/lit/pdf/slau846
https://www.ti.com/lit/pdf/slau846


To find more MSPM0 training series, please visit:
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• TI.com.cn

• WeChat (德州仪器公众号)

• Bilibili

• 21IC

https://www.ti.com.cn/
https://www.ti.com/
https://space.bilibili.com/1444529151?spm_id_from=333.337.0.0
https://bbs.21ic.com/

