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#Column Nam{#Column Name E{#Column Name E|

Designator

Description

Quantity

Approved Notes

C1 CAP, CERM, 0.15uF, 16V, +/-10%, X7R, 1
0603

Cc2 CAP, CERM, 47uF, 6.3V, +/-20%, X5R, 1
0603

C3, C4,C5 CAP, CERM, 1uF, 16V, +/-10%, X7R, 3
0603

C6 CAP, CERM, 10uF, 16V, +/-20%, X7R, 1
1206

Cc7 CAP CER 1000PF 50V 20% X7R 0603 1

Cc8 CAP, CERM, 0.1uF, 50V, +/-10%, X7R, 1
0603

D2 DIODE TVS ARRAY 15V SOD323 1

J1, J2 Connector, Receptacle, 100mil, 10x1, Gold 2
plated, TH

J3 Terminal Block, 6A, 3.5mm Pitch, 2-Pos, 1
TH

R1, R4, R9 RES, 100k ohm, 0.1%, 0.1W, 0603 3

R2, R3 RES, 20.0k ohm, 0.1%, 0.1W, 0603 2

R5 RES, 10.0k ohm, 0.1%, 0.1W, 0603 1

R6, R7 RES, 47.0k ohm, 0.1%, 0.1W, 0603 2

R8 RES, 1.00k ohm, 0.1%, 0.1W, 0603 1

SW1 SWITCH TACTILE SPST-NO 0.05A 32V 1

TP1, TP2, TP3, TP4 Test Point, Miniature, Black, TH 4

U1 IC, 30 ppm/°C, 3.9 pA xx-Voltage 1
Reference

u2 IC, 30 ppm/°C, 3.9 pA xx-Voltage 1
Reference

U3 1
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