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NUMBER OF FINISHED LAYERS: 4
BOARD MATERIAL AND CONSTRUCTION TO

APPROVED AND MARKED ON THE FINISHED BOARD.

LAMNATE MATERIAL: COPPER—CLAD FR—4
COPPER WEIGHT: 1oz FINISHED
FINISHED THICKNESS: .062 +/— .010

BE UL

MN PLATNG THICKNESS N THROUGH HOLES: .001"

ENIG Finish

LPI SOLDERMASK BOTH SDES USING APPROPRIATE

LAYER ARTWORK: COLOR = GREEN

LPI SLKSCREEN AS REQURED: COLOR — WHITE

VENDOR INFORMATION TO BE INCORPORATED

ON BACK SDE WHENEVER POSSIBLE

MNMUM COPPER CONDUCTOR WIDTH IS: 8 MLS

MINIMUM CONDUCTOR SPACING IS:

8 MILS

Symbol |Hit Count |Tool Size Plated |Hole Type
o 53 12mil <0.3048mm> PTH Round
o 80 16mil <0.4064mm> PTH Round
X 8 28mil <0.7112mm> PTH Round
v 43 35mil (0. 883mm> PTH Round
o 4 36.614mil <0.93mm) [PTH Round
2 39.37mil <{Lmmd PTH Round
= 7 45mil (1.143mm> PTH Round
s 29 52mil <1.3208mm> PTH Round
o 2 90.551mil <2.3mm> [PTH Round
3 4 120mil ¢3.048mm) PTH Round
232 Total

Drill Drawing.
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	R1-1
	TP8-1
	U1-18

	NRESET
	JP3-16
	TP10-1
	U1-16

	NSLEEP
	JP3-18
	TP9-1
	U1-17

	OSCI
	U2-27

	OSCO
	U2-28

	OUT1
	J1-1
	J2-1
	TP4-1
	U1-5

	OUT2
	J1-2
	J2-2
	TP5-1
	U1-7

	OUT3
	J1-3
	J2-3
	TP6-1
	U1-8

	OUT4
	J1-4
	J2-4
	TP7-1
	U1-10

	REG3P3
	C8-2
	C10-2
	C11-1
	C12-2
	D1-1
	JP1-2
	R3-1
	U2-4
	U2-17
	U3-1
	U3-64

	RESET
	U2-19

	RI
	U2-6

	RTS
	U2-3

	RX
	U2-5
	U3-32

	TX
	U2-1
	U3-33

	USBDM
	J5-2
	U2-16

	USBDP
	J5-3
	U2-15

	V3P3OUT
	C5-2
	TP11-1
	U1-15

	VCP
	C4-2
	TP3-1
	U1-3

	VM
	C1-2
	C2-2
	C4-1
	C7-1
	J3-1
	R2-1
	TP21-1
	U1-4
	U1-11






